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Powering Business Worldwide

Eaton 5SPX1500RTNG2

Eaton 5PX G2 UPS, 2U, 1440 VA, 1440 W, 5-
15P input, Outputs: (8) 5-15R, 120V, Network

card
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PRODUCT NAME Eaton 5PX G2 UPS
CATALOG NUMBER 5PX1500RTNG2
UPC 743172105684
PRODUCT .
LENGTH/DEPTH (Lol
PRODUCT HEIGHT 3.4in
PRODUCT WIDTH 17.2in
PRODUCT WEIGHT 50.7 Ib
CE Marked
COMPLIANCES SEACH
cULus
RoHS
CERTIFICATIONS NOM
ENERGY STAR certified
IEC 62040-1



https://www.eaton.com.cn/cn/zh-cn.html

SPECIAL FEATURES

Gigabit Network Card
(NETWORK-M2) card is
included and pre-installed.
UPS ship-in-rack option for
integration into packaged
deployments simplifying set
up and getting you online
quicker (available with the
RK4PRS 4-post rail kit)

TOPOLOGY Line-interactive
RACK SIZE 2U

COLOR Black

VA RATING 1440 VA
WATTAGE 1440 W

PACKAGE CONTENTS

* 1440VA 1440W 120V
5PX G2 Line-
Interactive UPS with 8
Outlets

+ NETWORK-M2 Gigabit
network card

+ USB cable

* RS-232 cable

+ Rack-mounting
hardware

+ Tower support stands

+ Safety guide

* Quick Start Guide

INPUT CONNECTION 5-15P
INPUT CORD LENGTH 10 ft
NOMINAL FREQUENCY  50/60 Hz
INPUT POWER FACTOR 1
RECEPTACLE (8) 5-15R

RUNTIME GRAPH

$row.attributeValue.cdata

ABM technology (3-stage
charging extends battery

BATTERY
oo 0
MANAGEMENT service life by 50% and.
provides advance warning
for battery replacement)
BATTERY User replaceable
REPLACEMENT P
BATTERY TYPE Valve Regulated Lead Acid

(VRLA)

EXTENDED BATTERY
CAPABILITY

Add up to 4 extended
battery modules (EBM). Part
number 5PXEBM48RTG2

STANDARD FACTORY
WARRANTY

+ 3-year factory
warranty with
registration




+ -3years

» -Parts, electronics
and batteries
coverage

+ -Standard ground
shipping

+ -Technical support

« ADVANCED DEPOT
EXCHANGE

+ -5-YEAR DEPOT
REPAIR: 5SW5Y-
1750UC

+ -Expedited parts
coverage for 5 years

+ -Parts, electronics
and UPS batteries
coverage

+ -Next business day
shipping

+ -Technical support

+ ON-SITE 24X7, NEXT
DAY RESPONSE
+ 2YEAR
UPGRADE:WFLN72XX-
2509UC
+ -On-site expedited
parts and labor
coverage for first 2
EXTENDED SERVICE years
PLANS » -Parts, electronics
and UPS batteries
coverage
+ -Eaton on-site labor
coverage
* -24x7 coverage, next
day response
+ -Next day shipping
+ -Technical support

* 3 YEAR FLEX PLAN:
FLN73XXX-2509UC

+ -On-site parts and
labor coverage for
years3to 5

» -Parts, electronics
and UPS batteries
coverage

+ -24x7 on-site labor
coverage, next day
response

+ -Next day shipping

+ -Technical support

One slot, Gigabit Network
EXPANSION SLOTS Card (NETWORK-M3) is
included




SOFTWARE
COMPATIBILITY

Brightlayer Data Centers
suite

USER INTERFACE

LCD graphical display

BTU RATING Online: 106, Battery: 699
100V
NOMINAL OUTPUT 110V
VOLTAGE 120V
125V
EFFICIENCY AT MAX.
0,
LOAD 98%
OUTPUT CAPACITY
(WATTS) 1440
INPUT NOMINAL 120 VAC

VOLTAGE

HIGH AVAILABILITY
UPS FEATURES

Automatic voltage regulation

(AVR)

Hot swappable batteries
Surge/noise protection
Pure sine wave output

NOMINAL INPUT
VOLTAGE SUPPORTED

120 VAC
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Jo00 Eaton House
30 Pembroke Road

Dublin 4, 000
Eaton.com

© 2026 00 0000000

oboopoooobooobooboooboooo

inl X |G} f |@


https://www.eaton.com.cn/cn/zh-cn.html
https://www.linkedin.com/company/eaton/
https://twitter.com/eatoncorp/
https://www.instagram.com/eaton_corp/
https://facebook.com/eatoncorporation/
https://www.youtube.com/EatonVideos

