
1 EATON CORPORATION xxxxx+xxxx-xxxxEN

X.X
Miniature Circuit Breakers

FAZ-NA-L, FAZ-RT-L Miniature Circuit Breakers

SG56912

FAZ-NA-L/-RT-L

•  According to UL 489, CSA C22.2 No. 5 and also 

IEC 60947-2 standard

•  For Applications, wich are permitted for UL 

1077 or CSA C22.2 No. 235

•  Auxiliary switch and voltage trips suitable for 

subsequent installation

•  Serie with removable terminal screws (Type 

FAZ-..-RT), for use with ring cable lug

•  Contact position indicator red - green

•  Easy mounting at DIN-rail

Description



Miniature Circuit Breakers

FAZ-...-NA-L Miniature Circuit BreakersX.X

2 EATON CORPORATION xxxxx+xxxx-xxxxEN

Characteristic B
SG53012

1 240/415 15 240 10 AWG18 FAZ-B1/1-NA-L 190736 2/80
1.5 240/415 15 240 10 AWG18 FAZ-B1,5/1-NA-L 190737 2/80
2 240/415 15 240 10 AWG18 FAZ-B2/1-NA-L 190738 2/80
3 240/415 15 240 10 AWG18 FAZ-B3/1-NA-L 190739 2/80
4 240/415 15 240 10 AWG18 FAZ-B4/1-NA-L 190740 2/80
5 240/415 15 240 10 AWG18 FAZ-B5/1-NA-L 190741 2/80
6 240/415 15 240 10 AWG18 FAZ-B6/1-NA-L 190742 2/80
7 240/415 15 240 10 AWG18 FAZ-B7/1-NA-L 190743 2/80
8 240/415 15 240 10 AWG16 FAZ-B8/1-NA-L 190744 2/80
10 240/415 15 240 10 AWG16 FAZ-B10/1-NA-L 190745 2/80
13 240/415 15 240 10 FAZ-B13/1-NA-L 190746 2/80
15 240/415 15 240 14 FAZ-B15/1-NA-L 190747 2/80
16 240/415 15 240 14 FAZ-B16/1-NA-L 190748 2/80
20 240/415 15 240 14 FAZ-B20/1-NA-L 190749 2/80
25 240/415 15 240 14 FAZ-B25/1-NA-L 190750 2/80
30 240/415 15 240 10 FAZ-B30/1-NA-L 190751 2/80
32 240/415 15 240 10 FAZ-B32/1-NA-L 190752 2/80

1-pole

SG56812

1 415 15 240 10 AWG18 FAZ-B1/2-NA-L 190753 1/40
1.5 415 15 240 10 AWG18 FAZ-B1,5/2-NA-L 190754 1/40
2 415 15 240 10 AWG18 FAZ-B2/2-NA-L 190755 1/40
3 415 15 240 10 AWG18 FAZ-B3/2-NA-L 190756 1/40
4 415 15 240 10 AWG18 FAZ-B4/2-NA-L 190757 1/40
5 415 15 240 10 AWG18 FAZ-B5/2-NA-L 190758 1/40
6 415 15 240 10 AWG18 FAZ-B6/2-NA-L 190759 1/40
7 415 15 240 10 AWG18 FAZ-B7/2-NA-L 190760 1/40
8 415 15 240 10 AWG16 FAZ-B8/2-NA-L 190761 1/40
10 415 15 240 10 AWG16 FAZ-B10/2-NA-L 190762 1/40
13 415 15 240 10 FAZ-B13/2-NA-L 190763 1/40
15 415 15 240 14 FAZ-B15/2-NA-L 190764 1/40
16 415 15 240 14 FAZ-B16/2-NA-L 190765 1/40
20 415 15 240 14 FAZ-B20/2-NA-L 190766 1/40
25 415 15 240 14 FAZ-B25/2-NA-L 190767 1/40
30 415 15 240 10 FAZ-B30/2-NA-L 190768 1/40
32 415 15 240 10 FAZ-B32/2-NA-L 190769 1/40

2-pole

SG56912

1 415 15 240 10 AWG18 FAZ-B1/3-NA-L 190770 1/28
1.5 415 15 240 10 AWG18 FAZ-B1,5/3-NA-L 190771 1/28
2 415 15 240 10 AWG18 FAZ-B2/3-NA-L 190772 1/28
3 415 15 240 10 AWG18 FAZ-B3/3-NA-L 190773 1/28
4 415 15 240 10 AWG18 FAZ-B4/3-NA-L 190774 1/28
5 415 15 240 10 AWG18 FAZ-B5/3-NA-L 190775 1/28
6 415 15 240 10 AWG18 FAZ-B6/3-NA-L 190776 1/28
7 415 15 240 10 AWG18 FAZ-B7/3-NA-L 190777 1/28
8 415 15 240 10 AWG16 FAZ-B8/3-NA-L 190778 1/28
10 415 15 240 10 AWG16 FAZ-B10/3-NA-L 190582 1/28
13 415 15 240 10 FAZ-B13/3-NA-L 190583 1/28
15 415 15 240 14 FAZ-B15/3-NA-L 190584 1/28
16 415 15 240 14 FAZ-B16/3-NA-L 190585 1/28
20 415 15 240 14 FAZ-B20/3-NA-L 190586 1/28
25 415 15 240 14 FAZ-B25/3-NA-L 190587 1/28
30 415 15 240 10 FAZ-B30/3-NA-L 190588 1/28
32 415 15 240 10 FAZ-B32/3-NA-L 190589 1/28

3-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



3 EATON CORPORATION xxxxx+xxxx-xxxxEN

X.X
Miniature Circuit Breakers

FAZ-...-NA-L Miniature Circuit Breakers

 

1 415 15 240 10 AWG18 FAZ-B1/4-NA-L 190590  1/20
1.5 415 15 240 10 AWG18 FAZ-B1,5/4-NA-L 190591  1/20
2 415 15 240 10 AWG18 FAZ-B2/4-NA-L 190592  1/20
3 415 15 240 10 AWG18 FAZ-B3/4-NA-L 190593  1/20
4 415 15 240 10 AWG18 FAZ-B4/4-NA-L 190594  1/20
5 415 15 240 10 AWG18 FAZ-B5/4-NA-L 190595  1/20
6 415 15 240 10 AWG18 FAZ-B6/4-NA-L 190596  1/20
7 415 15 240 10 AWG18 FAZ-B7/4-NA-L 190597  1/20
8 415 15 240 10 AWG16 FAZ-B8/4-NA-L 190598  1/20
10 415 15 240 10 AWG16 FAZ-B10/4-NA-L 190599  1/20
13 415 15 240 10 FAZ-B13/4-NA-L 190600  1/20
15 415 15 240 14 FAZ-B15/4-NA-L 190601  1/20
16 415 15 240 14 FAZ-B16/4-NA-L 190602  1/20
20 415 15 240 14 FAZ-B20/4-NA-L 190603  1/20
25 415 15 240 14 FAZ-B25/4-NA-L 190604  1/20
30 415 15 240 10 FAZ-B30/4-NA-L 190605  1/20
32 415 15 240 10 FAZ-B32/4-NA-L 190606  1/20

4-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



Miniature Circuit Breakers

FAZ-...-NA-L Miniature Circuit BreakersX.X

4 EATON CORPORATION xxxxx+xxxx-xxxxEN

Characteristic C
SG53012

0.5 240/415 15 240 10 AWG18 FAZ-C0,5/1-NA-L 190607 2/80
1 240/415 15 240 10 AWG18 FAZ-C1/1-NA-L 190608 2/80
1.5 240/415 15 240 10 AWG18 FAZ-C1,5/1-NA-L 190609 2/80
2 240/415 15 240 10 AWG18 FAZ-C2/1-NA-L 190610 2/80
3 240/415 15 240 10 AWG18 FAZ-C3/1-NA-L 190611 2/80
4 240/415 15 240 10 AWG18 FAZ-C4/1-NA-L 190612 2/80
5 240/415 15 240 10 AWG18 FAZ-C5/1-NA-L 190613 2/80
6 240/415 15 240 10 AWG18 FAZ-C6/1-NA-L 190614 2/80
7 240/415 15 240 10 AWG18 FAZ-C7/1-NA-L 190615 2/80
8 240/415 15 240 10 AWG16 FAZ-C8/1-NA-L 190616 2/80
10 240/415 15 240 10 AWG16 FAZ-C10/1-NA-L 190617 2/80
13 240/415 15 240 10 FAZ-C13/1-NA-L 190618 2/80
15 240/415 15 240 14 FAZ-C15/1-NA-L 190619 2/80
16 240/415 15 240 14 FAZ-C16/1-NA-L 190620 2/80
20 240/415 15 240 14 FAZ-C20/1-NA-L 190621 2/80
25 240/415 15 240 14 FAZ-C25/1-NA-L 190622 2/80
30 240/415 15 240 10 FAZ-C30/1-NA-L 190623 2/80
32 240/415 15 240 10 FAZ-C32/1-NA-L 190624 2/80

1-pole

SG56812

0.5 415 15 240 10 AWG18 FAZ-C0,5/2-NA-L 190625 1/40
1 415 15 240 10 AWG18 FAZ-C1/2-NA-L 190626 1/40
1.5 415 15 240 10 AWG18 FAZ-C1,5/2-NA-L 190627 1/40
2 415 15 240 10 AWG18 FAZ-C2/2-NA-L 190628 1/40
3 415 15 240 10 AWG18 FAZ-C3/2-NA-L 190629 1/40
4 415 15 240 10 AWG18 FAZ-C4/2-NA-L 190630 1/40
5 415 15 240 10 AWG18 FAZ-C5/2-NA-L 190631 1/40
6 415 15 240 10 AWG18 FAZ-C6/2-NA-L 190632 1/40
7 415 15 240 10 AWG18 FAZ-C7/2-NA-L 190633 1/40
8 415 15 240 10 AWG16 FAZ-C8/2-NA-L 190634 1/40
10 415 15 240 10 AWG16 FAZ-C10/2-NA-L 190635 1/40
13 415 15 240 10 FAZ-C13/2-NA-L 190636 1/40
15 415 15 240 14 FAZ-C15/2-NA-L 190637 1/40
16 415 15 240 14 FAZ-C16/2-NA-L 190638 1/40
20 415 15 240 14 FAZ-C20/2-NA-L 190639 1/40
25 415 15 240 14 FAZ-C25/2-NA-L 190640 1/40
30 415 15 240 10 FAZ-C30/2-NA-L 190641 1/40
32 415 15 240 10 FAZ-C32/2-NA-L 190642 1/40

2-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



5 EATON CORPORATION xxxxx+xxxx-xxxxEN

X.X
Miniature Circuit Breakers

FAZ-...-NA-L Miniature Circuit Breakers

SG56912

0.5 415 15 240 10 AWG18 FAZ-C0,5/3-NA-L 190643 1/28
1 415 15 240 10 AWG18 FAZ-C1/3-NA-L 190644 1/28
1.5 415 15 240 10 AWG18 FAZ-C1,5/3-NA-L 190645 1/28
2 415 15 240 10 AWG18 FAZ-C2/3-NA-L 190646 1/28
3 415 15 240 10 AWG18 FAZ-C3/3-NA-L 190647 1/28
4 415 15 240 10 AWG18 FAZ-C4/3-NA-L 190648 1/28
5 415 15 240 10 AWG18 FAZ-C5/3-NA-L 190649 1/28
6 415 15 240 10 AWG18 FAZ-C6/3-NA-L 190650 1/28
7 415 15 240 10 AWG18 FAZ-C7/3-NA-L 190651 1/28
8 415 15 240 10 AWG16 FAZ-C8/3-NA-L 190652 1/28
10 415 15 240 10 AWG16 FAZ-C10/3-NA-L 190653 1/28
13 415 15 240 10 FAZ-C13/3-NA-L 190654 1/28
15 415 15 240 14 FAZ-C15/3-NA-L 190655 1/28
16 415 15 240 14 FAZ-C16/3-NA-L 190656 1/28
20 415 15 240 14 FAZ-C20/3-NA-L 190657 1/28
25 415 15 240 14 FAZ-C25/3-NA-L 190658 1/28
30 415 15 240 10 FAZ-C30/3-NA-L 190659 1/28
32 415 15 240 10 FAZ-C32/3-NA-L 190660 1/28

3-pole

 

0.5 415 15 240 10 AWG18 FAZ-C0,5/4-NA-L 190661 1/20
1 415 15 240 10 AWG18 FAZ-C1/4-NA-L 190662 1/20
1.5 415 15 240 10 AWG18 FAZ-C1,5/4-NA-L 190663 1/20
2 415 15 240 10 AWG18 FAZ-C2/4-NA-L 190664 1/20
3 415 15 240 10 AWG18 FAZ-C3/4-NA-L 190665 1/20
4 415 15 240 10 AWG18 FAZ-C4/4-NA-L 190666 1/20
5 415 15 240 10 AWG18 FAZ-C5/4-NA-L 190667 1/20
6 415 15 240 10 AWG18 FAZ-C6/4-NA-L 190668 1/20
7 415 15 240 10 AWG18 FAZ-C7/4-NA-L 190669 1/20
8 415 15 240 10 AWG16 FAZ-C8/4-NA-L 190670 1/20
10 415 15 240 10 AWG16 FAZ-C10/4-NA-L 190671 1/20
13 415 15 240 10 FAZ-C13/4-NA-L 190672 1/20
15 415 15 240 14 FAZ-C15/4-NA-L 190673 1/20
16 415 15 240 14 FAZ-C16/4-NA-L 190674 1/20
20 415 15 240 14 FAZ-C20/4-NA-L 190675 1/20
25 415 15 240 14 FAZ-C25/4-NA-L 190676 1/20
30 415 15 240 10 FAZ-C30/4-NA-L 190677 1/20
32 415 15 240 10 FAZ-C32/4-NA-L 190678 1/20

4-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



Miniature Circuit Breakers

FAZ-...-NA-L Miniature Circuit BreakersX.X

6 EATON CORPORATION xxxxx+xxxx-xxxxEN

Characteristic D
SG53012

0.5 240/415 15 240 10 AWG18 FAZ-D0,5/1-NA-L 190679 2/80
1 240/415 15 240 10 AWG18 FAZ-D1/1-NA-L 190680 2/80
1.5 240/415 15 240 10 AWG18 FAZ-D1,5/1-NA-L 190681 2/80
2 240/415 15 240 10 AWG18 FAZ-D2/1-NA-L 190682 2/80
3 240/415 15 240 10 AWG18 FAZ-D3/1-NA-L 190683 2/80
4 240/415 15 240 10 AWG18 FAZ-D4/1-NA-L 190684 2/80
5 240/415 15 240 10 AWG18 FAZ-D5/1-NA-L 190685 2/80
6 240/415 15 240 10 AWG18 FAZ-D6/1-NA-L 190686 2/80
7 240/415 15 240 10 AWG18 FAZ-D7/1-NA-L 190687 2/80
8 240/415 15 240 10 AWG16 FAZ-D8/1-NA-L 190688 2/80
10 240/415 15 240 10 AWG16 FAZ-D10/1-NA-L 190689 2/80
13 240/415 15 240 14 FAZ-D13/1-NA-L 190690 2/80
15 240/415 15 240 14 FAZ-D15/1-NA-L 190691 2/80
16 240/415 15 240 14 FAZ-D16/1-NA-L 190692 2/80
20 240/415 15 240 14 FAZ-D20/1-NA-L 190693 2/80
25 240/415 15 240 10 FAZ-D25/1-NA-L 190694 2/80
30 240/415 15 240 10 FAZ-D30/1-NA-L 190695 2/80
32 240/415 15 240 10 FAZ-D32/1-NA-L 190696 2/80

1-pole

SG56812

0.5 415 15 240 10 AWG18 FAZ-D0,5/2-NA-L 190697 1/40
1 415 15 240 10 AWG18 FAZ-D1/2-NA-L 190698 1/40
1.5 415 15 240 10 AWG18 FAZ-D1,5/2-NA-L 190699 1/40
2 415 15 240 10 AWG18 FAZ-D2/2-NA-L 190700 1/40
3 415 15 240 10 AWG18 FAZ-D3/2-NA-L 190701 1/40
4 415 15 240 10 AWG18 FAZ-D4/2-NA-L 190702 1/40
5 415 15 240 10 AWG18 FAZ-D5/2-NA-L 190703 1/40
6 415 15 240 10 AWG18 FAZ-D6/2-NA-L 190704 1/40
7 415 15 240 10 AWG18 FAZ-D7/2-NA-L 190705 1/40
8 415 15 240 10 AWG16 FAZ-D8/2-NA-L 190706 1/40
10 415 15 240 10 AWG16 FAZ-D10/2-NA-L 190707 1/40
13 415 15 240 14 FAZ-D13/2-NA-L 190708 1/40
15 415 15 240 14 FAZ-D15/2-NA-L 190709 1/40
16 415 15 240 14 FAZ-D16/2-NA-L 190710 1/40
20 415 15 240 14 FAZ-D20/2-NA-L 190711 1/40
25 415 15 240 10 FAZ-D25/2-NA-L 190712 1/40
30 415 15 240 10 FAZ-D30/2-NA-L 190713 1/40
32 415 15 240 10 FAZ-D32/2-NA-L 190714 1/40

2-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



7 EATON CORPORATION xxxxx+xxxx-xxxxEN

X.X
Miniature Circuit Breakers

FAZ-...-NA-L Miniature Circuit Breakers

SG56912

0.5 415 15 240 10 AWG18 FAZ-D0,5/3-NA-L 190715 1/28
1 415 15 240 10 AWG18 FAZ-D1/3-NA-L 190716 1/28
1.5 415 15 240 10 AWG18 FAZ-D1,5/3-NA-L 190717 1/28
2 415 15 240 10 AWG18 FAZ-D2/3-NA-L 190718 1/28
3 415 15 240 10 AWG18 FAZ-D3/3-NA-L 190719 1/28
4 415 15 240 10 AWG18 FAZ-D4/3-NA-L 190720 1/28
5 415 15 240 10 AWG18 FAZ-D5/3-NA-L 190721 1/28
6 415 15 240 10 AWG18 FAZ-D6/3-NA-L 190722 1/28
7 415 15 240 10 AWG18 FAZ-D7/3-NA-L 190723 1/28
8 415 15 240 10 AWG16 FAZ-D8/3-NA-L 190724 1/28
10 415 15 240 10 AWG16 FAZ-D10/3-NA-L 190725 1/28
13 415 15 240 14 FAZ-D13/3-NA-L 190726 1/28
15 415 15 240 14 FAZ-D15/3-NA-L 190727 1/28
16 415 15 240 14 FAZ-D16/3-NA-L 190728 1/28
20 415 15 240 14 FAZ-D20/3-NA-L 190729 1/28
25 415 15 240 10 FAZ-D25/3-NA-L 190730 1/28
30 415 15 240 10 FAZ-D30/3-NA-L 190731 1/28
32 415 15 240 10 FAZ-D32/3-NA-L 190732 1/28

3-pole

 

0.5 415 15 240 10 AWG18 FAZ-D0,5/4-NA-L 190733 1/20
1 415 15 240 10 AWG18 FAZ-D1/4-NA-L 190734 1/20
1.5 415 15 240 10 AWG18 FAZ-D1,5/4-NA-L 190735 1/20
2 415 15 240 10 AWG18 FAZ-D2/4-NA-L 190512 1/20
3 415 15 240 10 AWG18 FAZ-D3/4-NA-L 190513 1/20
4 415 15 240 10 AWG18 FAZ-D4/4-NA-L 190514 1/20
5 415 15 240 10 AWG18 FAZ-D5/4-NA-L 190515 1/20
6 415 15 240 10 AWG18 FAZ-D6/4-NA-L 190516 1/20
7 415 15 240 10 AWG18 FAZ-D7/4-NA-L 190517 1/20
8 415 15 240 10 AWG16 FAZ-D8/4-NA-L 190518 1/20
10 415 15 240 10 AWG16 FAZ-D10/4-NA-L 190519 1/20
13 415 15 240 10 FAZ-D13/4-NA-L 190520 1/20
15 415 15 240 14 FAZ-D15/4-NA-L 190521 1/20
16 415 15 240 14 FAZ-D16/4-NA-L 190522 1/20
20 415 15 240 14 FAZ-D20/4-NA-L 190523 1/20
25 415 15 240 14 FAZ-D25/4-NA-L 190524 1/20
30 415 15 240 10 FAZ-D30/4-NA-L 190525 1/20
32 415 15 240 10 FAZ-D32/4-NA-L 190526 1/20

4-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



Miniature Circuit Breakers

FAZ-...-RT-L Miniature Circuit BreakersX.X

8 EATON CORPORATION xxxxx+xxxx-xxxxEN

Characteristic B
SG53012

1 240/415 15 240 10 AWG18 FAZ-B1/1-RT-L 190527 2/80
1.5 240/415 15 240 10 AWG18 FAZ-B1,5/1-RT-L 190528 2/80
2 240/415 15 240 10 AWG18 FAZ-B2/1-RT-L 190529 2/80
3 240/415 15 240 10 AWG18 FAZ-B3/1-RT-L 190530 2/80
4 240/415 15 240 10 AWG18 FAZ-B4/1-RT-L 190531 2/80
5 240/415 15 240 10 AWG18 FAZ-B5/1-RT-L 190532 2/80
6 240/415 15 240 10 AWG18 FAZ-B6/1-RT-L 190533 2/80
7 240/415 15 240 10 AWG18 FAZ-B7/1-RT-L 190534 2/80
8 240/415 15 240 10 AWG16 FAZ-B8/1-RT-L 190535 2/80
10 240/415 15 240 10 AWG16 FAZ-B10/1-RT-L 190536 2/80
13 240/415 15 240 10 FAZ-B13/1-RT-L 190537 2/80
15 240/415 15 240 14 FAZ-B15/1-RT-L 190538 2/80
16 240/415 15 240 14 FAZ-B16/1-RT-L 190539 2/80
20 240/415 15 240 14 FAZ-B20/1-RT-L 190540 2/80
25 240/415 15 240 14 FAZ-B25/1-RT-L 190541 2/80
30 240/415 15 240 10 FAZ-B30/1-RT-L 190542 2/80
32 240/415 15 240 10 FAZ-B32/1-RT-L 190543 2/80

1-pole

SG56812

1 415 15 240 10 AWG18 FAZ-B1/2-RT-L 190544 1/40
1.5 415 15 240 10 AWG18 FAZ-B1,5/2-RT-L 190545 1/40
2 415 15 240 10 AWG18 FAZ-B2/2-RT-L 190546 1/40
3 415 15 240 10 AWG18 FAZ-B3/2-RT-L 190547 1/40
4 415 15 240 10 AWG18 FAZ-B4/2-RT-L 190548 1/40
5 415 15 240 10 AWG18 FAZ-B5/2-RT-L 190549 1/40
6 415 15 240 10 AWG18 FAZ-B6/2-RT-L 190550 1/40
7 415 15 240 10 AWG18 FAZ-B7/2-RT-L 190551 1/40
8 415 15 240 10 AWG16 FAZ-B8/2-RT-L 190552 1/40
10 415 15 240 10 AWG16 FAZ-B10/2-RT-L 190553 1/40
13 415 15 240 10 FAZ-B13/2-RT-L 190554 1/40
15 415 15 240 14 FAZ-B15/2-RT-L 190555 1/40
16 415 15 240 14 FAZ-B16/2-RT-L 190556 1/40
20 415 15 240 14 FAZ-B20/2-RT-L 190557 1/40
25 415 15 240 14 FAZ-B25/2-RT-L 190558 1/40
30 415 15 240 10 FAZ-B30/2-RT-L 190559 1/40
32 415 15 240 10 FAZ-B32/2-RT-L 190560 1/40

2-pole

SG56912

1 415 15 240 10 AWG18 FAZ-B1/3-RT-L 190561 1/28
1.5 415 15 240 10 AWG18 FAZ-B1,5/3-RT-L 190562 1/28
2 415 15 240 10 AWG18 FAZ-B2/3-RT-L 190563 1/28
3 415 15 240 10 AWG18 FAZ-B3/3-RT-L 190564 1/28
4 415 15 240 10 AWG18 FAZ-B4/3-RT-L 190565 1/28
5 415 15 240 10 AWG18 FAZ-B5/3-RT-L 190566 1/28
6 415 15 240 10 AWG18 FAZ-B6/3-RT-L 190567 1/28
7 415 15 240 10 AWG18 FAZ-B7/3-RT-L 190568 1/28
8 415 15 240 10 AWG16 FAZ-B8/3-RT-L 190569 1/28
10 415 15 240 10 AWG16 FAZ-B10/3-RT-L 190570 1/28
13 415 15 240 10 FAZ-B13/3-RT-L 190571 1/28
15 415 15 240 14 FAZ-B15/3-RT-L 190572 1/28
16 415 15 240 14 FAZ-B16/3-RT-L 190573 1/28
20 415 15 240 14 FAZ-B20/3-RT-L 190574 1/28
25 415 15 240 14 FAZ-B25/3-RT-L 190575 1/28
30 415 15 240 10 FAZ-B30/3-RT-L 190576 1/28
32 415 15 240 10 FAZ-B32/3-RT-L 190577 1/28

3-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)



9 EATON CORPORATION xxxxx+xxxx-xxxxEN

X.X
Miniature Circuit Breakers

FAZ-...-RT-L Miniature Circuit Breakers

 

1 415 15 240 10 AWG18 FAZ-B1/4-RT-L 190578 1/20
1.5 415 15 240 10 AWG18 FAZ-B1,5/4-RT-L 190579 1/20
2 415 15 240 10 AWG18 FAZ-B2/4-RT-L 190580 1/20
3 415 15 240 10 AWG18 FAZ-B3/4-RT-L 190581 1/20
4 415 15 240 10 AWG18 FAZ-B4/4-RT-L 190358 1/20
5 415 15 240 10 AWG18 FAZ-B5/4-RT-L 190359 1/20
6 415 15 240 10 AWG18 FAZ-B6/4-RT-L 190360 1/20
7 415 15 240 10 AWG18 FAZ-B7/4-RT-L 190361 1/20
8 415 15 240 10 AWG16 FAZ-B8/4-RT-L 190362 1/20
10 415 15 240 10 AWG16 FAZ-B10/4-RT-L 190363 1/20
13 415 15 240 10 FAZ-B13/4-RT-L 190364 1/20
15 415 15 240 14 FAZ-B15/4-RT-L 190365 1/20
16 415 15 240 14 FAZ-B16/4-RT-L 190366 1/20
20 415 15 240 14 FAZ-B20/4-RT-L 190367 1/20
25 415 15 240 14 FAZ-B25/4-RT-L 190368 1/20
30 415 15 240 10 FAZ-B30/4-RT-L 190369 1/20
32 415 15 240 10 FAZ-B32/4-RT-L 190370 1/20

4-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)
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Characteristic C
SG53012

0.5 240/415 15 240 10 AWG18 FAZ-C0,5/1-RT-L 190371 2/80
1 240/415 15 240 10 AWG18 FAZ-C1/1-RT-L 190372 2/80
1.5 240/415 15 240 10 AWG18 FAZ-C1,5/1-RT-L 190373 2/80
2 240/415 15 240 10 AWG18 FAZ-C2/1-RT-L 190374 2/80
3 240/415 15 240 10 AWG18 FAZ-C3/1-RT-L 190375 2/80
4 240/415 15 240 10 AWG18 FAZ-C4/1-RT-L 190376 2/80
5 240/415 15 240 10 AWG18 FAZ-C5/1-RT-L 190377 2/80
6 240/415 15 240 10 AWG18 FAZ-C6/1-RT-L 190378 2/80
7 240/415 15 240 10 AWG18 FAZ-C7/1-RT-L 190379 2/80
8 240/415 15 240 10 AWG16 FAZ-C8/1-RT-L 190380 2/80
10 240/415 15 240 10 AWG16 FAZ-C10/1-RT-L 190381 2/80
13 240/415 15 240 10 FAZ-C13/1-RT-L 190382 2/80
15 240/415 15 240 14 FAZ-C15/1-RT-L 190383 2/80
16 240/415 15 240 14 FAZ-C16/1-RT-L 190384 2/80
20 240/415 15 240 14 FAZ-C20/1-RT-L 190385 2/80
25 240/415 15 240 14 FAZ-C25/1-RT-L 190386 2/80
30 240/415 15 240 10 FAZ-C30/1-RT-L 190387 2/80
32 240/415 15 240 10 FAZ-C32/1-RT-L 190388 2/80

1-pole

SG56812

0.5 415 15 240 10 AWG18 FAZ-C0,5/2-RT-L 190389 1/40
1 415 15 240 10 AWG18 FAZ-C1/2-RT-L 190390 1/40
1.5 415 15 240 10 AWG18 FAZ-C1,5/2-RT-L 190391 1/40
2 415 15 240 10 AWG18 FAZ-C2/2-RT-L 190392 1/40
3 415 15 240 10 AWG18 FAZ-C3/2-RT-L 190393 1/40
4 415 15 240 10 AWG18 FAZ-C4/2-RT-L 190394 1/40
5 415 15 240 10 AWG18 FAZ-C5/2-RT-L 190395 1/40
6 415 15 240 10 AWG18 FAZ-C6/2-RT-L 190396 1/40
7 415 15 240 10 AWG18 FAZ-C7/2-RT-L 190397 1/40
8 415 15 240 10 AWG16 FAZ-C8/2-RT-L 190398 1/40
10 415 15 240 10 AWG16 FAZ-C10/2-RT-L 190399 1/40
13 415 15 240 10 FAZ-C13/2-RT-L 190400 1/40
15 415 15 240 14 FAZ-C15/2-RT-L 190401 1/40
16 415 15 240 14 FAZ-C16/2-RT-L 190402 1/40
20 415 15 240 14 FAZ-C20/2-RT-L 190403 1/40
25 415 15 240 14 FAZ-C25/2-RT-L 190404 1/40
30 415 15 240 10 FAZ-C30/2-RT-L 190405 1/40
32 415 15 240 10 FAZ-C32/2-RT-L 190406 1/40

2-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)
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X.X
Miniature Circuit Breakers

FAZ-...-RT-L Miniature Circuit Breakers

SG56912

0.5 415 15 240 10 AWG18 FAZ-C0,5/3-RT-L 190407 1/28
1 415 15 240 10 AWG18 FAZ-C1/3-RT-L 190408 1/28
1.5 415 15 240 10 AWG18 FAZ-C1,5/3-RT-L 190409 1/28
2 415 15 240 10 AWG18 FAZ-C2/3-RT-L 190410 1/28
3 415 15 240 10 AWG18 FAZ-C3/3-RT-L 190411 1/28
4 415 15 240 10 AWG18 FAZ-C4/3-RT-L 190412 1/28
5 415 15 240 10 AWG18 FAZ-C5/3-RT-L 190413 1/28
6 415 15 240 10 AWG18 FAZ-C6/3-RT-L 190414 1/28
7 415 15 240 10 AWG18 FAZ-C7/3-RT-L 190415 1/28
8 415 15 240 10 AWG16 FAZ-C8/3-RT-L 190416 1/28
10 415 15 240 10 AWG16 FAZ-C10/3-RT-L 190417 1/28
13 415 15 240 10 FAZ-C13/3-RT-L 190418 1/28
15 415 15 240 14 FAZ-C15/3-RT-L 190419 1/28
16 415 15 240 14 FAZ-C16/3-RT-L 190420 1/28
20 415 15 240 14 FAZ-C20/3-RT-L 190421 1/28
25 415 15 240 14 FAZ-C25/3-RT-L 190422 1/28
30 415 15 240 10 FAZ-C30/3-RT-L 190423 1/28
32 415 15 240 10 FAZ-C32/3-RT-L 190424 1/28

3-pole

 

0.5 415 15 240 10 AWG18 FAZ-C0,5/4-RT-L 190425 1/20
1 415 15 240 10 AWG18 FAZ-C1/4-RT-L 190426 1/20
1.5 415 15 240 10 AWG18 FAZ-C1,5/4-RT-L 190427 1/20
2 415 15 240 10 AWG18 FAZ-C2/4-RT-L 190428 1/20
3 415 15 240 10 AWG18 FAZ-C3/4-RT-L 190429 1/20
4 415 15 240 10 AWG18 FAZ-C4/4-RT-L 190430 1/20
5 415 15 240 10 AWG18 FAZ-C5/4-RT-L 190431 1/20
6 415 15 240 10 AWG18 FAZ-C6/4-RT-L 190432 1/20
7 415 15 240 10 AWG18 FAZ-C7/4-RT-L 190433 1/20
8 415 15 240 10 AWG16 FAZ-C8/4-RT-L 190434 1/20
10 415 15 240 10 AWG16 FAZ-C10/4-RT-L 190435 1/20
13 415 15 240 10 FAZ-C13/4-RT-L 190436 1/20
15 415 15 240 14 FAZ-C15/4-RT-L 190437 1/20
16 415 15 240 14 FAZ-C16/4-RT-L 190438 1/20
20 415 15 240 14 FAZ-C20/4-RT-L 190439 1/20
25 415 15 240 14 FAZ-C25/4-RT-L 190440 1/20
30 415 15 240 10 FAZ-C30/4-RT-L 190441 1/20
32 415 15 240 10 FAZ-C32/4-RT-L 190442 1/20

4-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)
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Characteristic D
SG53012

0.5 240/415 15 240 10 AWG18 FAZ-D0,5/1-RT-L 190443 2/80
1 240/415 15 240 10 AWG18 FAZ-D1/1-RT-L 190444 2/80
1.5 240/415 15 240 10 AWG18 FAZ-D1,5/1-RT-L 190445 2/80
2 240/415 15 240 10 AWG18 FAZ-D2/1-RT-L 190446 2/80
3 240/415 15 240 10 AWG18 FAZ-D3/1-RT-L 190447 2/80
4 240/415 15 240 10 AWG18 FAZ-D4/1-RT-L 190448 2/80
5 240/415 15 240 10 AWG18 FAZ-D5/1-RT-L 190449 2/80
6 240/415 15 240 10 AWG18 FAZ-D6/1-RT-L 190450 2/80
7 240/415 15 240 10 AWG18 FAZ-D7/1-RT-L 190451 2/80
8 240/415 15 240 10 AWG16 FAZ-D8/1-RT-L 190452 2/80
10 240/415 15 240 10 AWG16 FAZ-D10/1-RT-L 190453 2/80
13 240/415 15 240 14 FAZ-D13/1-RT-L 190454 2/80
15 240/415 15 240 14 FAZ-D15/1-RT-L 190455 2/80
16 240/415 15 240 14 FAZ-D16/1-RT-L 190456 2/80
20 240/415 15 240 14 FAZ-D20/1-RT-L 190457 2/80
25 240/415 15 240 10 FAZ-D25/1-RT-L 190458 2/80
30 240/415 15 240 10 FAZ-D30/1-RT-L 190459 2/80
32 240/415 15 240 10 FAZ-D32/1-RT-L 190460 2/80

1-pole

SG56812

0.5 415 15 240 10 AWG18 FAZ-D0,5/2-RT-L 190461 1/40
1 415 15 240 10 AWG18 FAZ-D1/2-RT-L 190462 1/40
1.5 415 15 240 10 AWG18 FAZ-D1,5/2-RT-L 190463 1/40
2 415 15 240 10 AWG18 FAZ-D2/2-RT-L 190464 1/40
3 415 15 240 10 AWG18 FAZ-D3/2-RT-L 190465 1/40
4 415 15 240 10 AWG18 FAZ-D4/2-RT-L 190466 1/40
5 415 15 240 10 AWG18 FAZ-D5/2-RT-L 190467 1/40
6 415 15 240 10 AWG18 FAZ-D6/2-RT-L 190468 1/40
7 415 15 240 10 AWG18 FAZ-D7/2-RT-L 190469 1/40
8 415 15 240 10 AWG16 FAZ-D8/2-RT-L 190470 1/40
10 415 15 240 10 AWG16 FAZ-D10/2-RT-L 190471 1/40
13 415 15 240 14 FAZ-D13/2-RT-L 190472 1/40
15 415 15 240 14 FAZ-D15/2-RT-L 190473 1/40
16 415 15 240 14 FAZ-D16/2-RT-L 190474 1/40
20 415 15 240 14 FAZ-D20/2-RT-L 190475 1/40
25 415 15 240 10 FAZ-D25/2-RT-L 190476 1/40
30 415 15 240 10 FAZ-D30/2-RT-L 190477 1/40
32 415 15 240 10 FAZ-D32/2-RT-L 190478 1/40

2-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)
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X.X
Miniature Circuit Breakers

FAZ-...-RT-L Miniature Circuit Breakers

SG56912

0.5 415 15 240 10 AWG18 FAZ-D0,5/3-RT-L 190479 1/28
1 415 15 240 10 AWG18 FAZ-D1/3-RT-L 190480 1/28
1.5 415 15 240 10 AWG18 FAZ-D1,5/3-RT-L 190481 1/28
2 415 15 240 10 AWG18 FAZ-D2/3-RT-L 190482 1/28
3 415 15 240 10 AWG18 FAZ-D3/3-RT-L 190483 1/28
4 415 15 240 10 AWG18 FAZ-D4/3-RT-L 190484 1/28
5 415 15 240 10 AWG18 FAZ-D5/3-RT-L 190485 1/28
6 415 15 240 10 AWG18 FAZ-D6/3-RT-L 190486 1/28
7 415 15 240 10 AWG18 FAZ-D7/3-RT-L 190487 1/28
8 415 15 240 10 AWG16 FAZ-D8/3-RT-L 190488 1/28
10 415 15 240 10 AWG16 FAZ-D10/3-RT-L 190489 1/28
13 415 15 240 14 FAZ-D13/3-RT-L 190490 1/28
15 415 15 240 14 FAZ-D15/3-RT-L 190491 1/28
16 415 15 240 14 FAZ-D16/3-RT-L 190492 1/28
20 415 15 240 14 FAZ-D20/3-RT-L 190493 1/28
25 415 15 240 10 FAZ-D25/3-RT-L 190494 1/28
30 415 15 240 10 FAZ-D30/3-RT-L 190495 1/28
32 415 15 240 10 FAZ-D32/3-RT-L 190496 1/28

3-pole

 

0.5 415 15 240 10 AWG18 FAZ-D0,5/4-RT-L 190497 1/20
1 415 15 240 10 AWG18 FAZ-D1/4-RT-L 190498 1/20
1.5 415 15 240 10 AWG18 FAZ-D1,5/4-RT-L 190499 1/20
2 415 15 240 10 AWG18 FAZ-D2/4-RT-L 190500 1/20
3 415 15 240 10 AWG18 FAZ-D3/4-RT-L 190501 1/20
4 415 15 240 10 AWG18 FAZ-D4/4-RT-L 190502 1/20
5 415 15 240 10 AWG18 FAZ-D5/4-RT-L 190503 1/20
6 415 15 240 10 AWG18 FAZ-D6/4-RT-L 190504 1/20
7 415 15 240 10 AWG18 FAZ-D7/4-RT-L 190505 1/20
8 415 15 240 10 AWG16 FAZ-D8/4-RT-L 190506 1/20
10 415 15 240 10 AWG16 FAZ-D10/4-RT-L 190507 1/20
13 415 15 240 10 FAZ-D13/4-RT-L 190508 1/20
15 415 15 240 14 FAZ-D15/4-RT-L 190509 1/20
16 415 15 240 14 FAZ-D16/4-RT-L 190510 1/20
20 415 15 240 14 FAZ-D20/4-RT-L 190511 1/20
25 415 15 240 14 FAZ-D25/4-RT-L 190355 1/20
30 415 15 240 10 FAZ-D30/4-RT-L 190356 1/20
32 415 15 240 10 FAZ-D32/4-RT-L 190357 1/20

4-pole

Rated Rated Breaking Rated Breaking SWD NFPA 79 Type Article No. Units per
current voltage capacity voltage capacity Designation package
In (A) acc. to acc. to acc. to acc. to

IEC/EN IEC/EN UL489 UL489
60947-2 60947-2 (V) (kA)
(V) (kA)
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Accessories:
Auxiliary switch for subsequent installation Z-IHK-NA 113895
Tripping signal contact for subsequent installation Z-NHK 248434
Shunt trip release FAZ-XAA-NA12-110V AC 102037

FAZ-XAA-NA110-415V AC 102036
Switching interlock Z-IS/SPE-1TE 274418

Miniature Circuit Breakers FAZ-...-NA-L, -RT-L

Technical Data IEC/EN
FAZ-...-NA-L, -RT-L

Productstandard IEC/EN 60947-2
Number of poles 1, 2, 3, 4
Mechanical
Device width 17.7 mm (1-pole), 35.4 mm (2-poles), 53.1 mm (3-poles), 70.8 mm (4-poles)
Frame size 45 mm
Device height 105 mm
Device depth 60 mm
Terminals lift terminal / ring-tongue
Terminal capacity rigid solid/stranded wire 1-25 mm2

Terminal screw M5 (with slotted screw Pozidriv PZ2)
Fastening torque of terminal screws max. 2.4 Nm
Snap on fi xing tristable (on DIN Rail according to  IEC/EN 60715)
Degree of protection (DIN VDE 0470)

Surface mounted IP20
Built-in behind panel IP40

Contact position indicator red / green
Electrical
Rated voltage Un 240/415 V AC
Rated current In 0.5, 1, 1.5, 2, 3, 4, 5, 6, 7, 8, 10, 13, 15, 16, 20, 25, 30, 32 A
Rated insulation voltage Ui 440 V AC
Rated impulse withstand voltage Uimp 4 kV (1.2/50) μsec
Tripping characteristic
Conventional non-tripping current Int = 1.05 In
Conventional tripping current It = 1.30 In
Reference temperature 40 °C Cat. A
Temperature factor 0.5%/K
Instantaneous tripping current Imt Type B: 3 In < Imt = 5 In:t (Imt) < 0.1 sec (IEC/EN 60898-1)

Type C: 5 In < Imt = 10 In:t (Imt) < 0.1 sec (IEC/EN 60898-1)
Type D: 10 In < Imt = 20 In:t (Imt) < 0.1 sec (IEC/EN 60898-1)

Rated short-circuit breaking capacity Icu 15 kA
Service short circuit capacity Ics 7.5 kA
Selectivity class 3 (acc. to EN 60898)
Number of electrical operations > 1,500
Number of mechanical operations > 10,000
Climatic conditions acc. to IEC 68-2 (25..55°C / 90..95% RH)
Operating temperature range -40°C up to +75°C

Connection diagram
1-pole 2-pole 3-pole 4-pole

Miniature Circuit Breakers

FAZ-NA-L, FAZ-RT-L - Technical DataX.X
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Technical Data UL
FAZ-...-NA-L, -RT-L

Productstandard UL 489, CSA C22.2 No. 5-02
Number of poles 1, 2, 3, 4
Mechanical
Device width 0.697 in. (1-pole), 1.394 in. (2-poles), 2.090 in. (3-poles), 2.788 in. (4-poles)
Frame size 1.772 in.
Device height 4.134 in.
Device depth 2.362 in.
Terminals lift terminal / ring-tongue
Terminal capacity rigid solid/stranded wire 1 Wire: #18-6 AWG (Cu only)

2 Wires: #18-10 AWG (Cu only)
Terminal screw M5 (with slotted screw Pozidriv PZ2)
Fastening torque of terminal screws #18-12 AWG: 2.4 Nm (21 lb-in)

#10-8 AWG: 2.8 Nm (25 lb-in)
#6 AWG: 4 Nm (36 lb-in)

Snap on fi xing tristable (on DIN Rail according to  IEC/EN 60715)
Contact position indicator red / green
Electrical
Rated voltage Un 240 V AC
Rated current In 0.5, 1, 1.5, 2, 3, 4, 5, 6, 7, 8, 10, 13, 15, 16, 20, 25, 30, 32 A
Tripping characteristic
Conventional non-tripping current Int = 1,00 In
Conventional tripping current It = 1.35 In
Reference temperature 40 °C
Temperature factor 0.5%/K
Instantaneous tripping current Imt Type B: 3 In < Imt = 5 In:t (Imt) < 0.1 sec

Type C: 5 In < Imt = 10 In:t (Imt) < 0.1 sec
Type D: 10 In < Imt = 20 In:t (Imt) < 0.1 sec

Current interrupting rating
10 kA B0.5-13A, B30-32A, C0.5-13A, C30-32A, D0.5-10A, D25-32A
14 kA B15-25A, C15-25A, D13-20A

Current-Limiting
High interrupt current at 240 V / 10 kA I2t = 42 kA2s and Ipeak = 6.2 kA
Intermediate interrupt current at 240 V / 5 kA I2t = 24 kA2s and Ipeak = 4.2 kA
Threshold current at 240 V / 2.6 kA I2t = 18 kA2s and Ipeak = 2.9 kA
High interrupt current at 480Y/277V / 10 kA I2t = 60 kA2s and Ipeak = 6.2 kA
High interrupt current at 480Y/277V / 14 kA I2t = 65 kA2s and Ipeak = 7.5 kA
Intermediate interrupt current at 480Y/277V / 5 kA I2t = 36 kA2s and Ipeak = 4.6 kA
Threshold current at 480Y/277V / 2.08 kA I2t = 15 kA2s and Ipeak = 2.2 kA

Selectivity class 3 (acc. to EN 60898)
Number of electrical operations 6,000
Number of mechanical operations 10,000
Climatic conditions acc. to IEC 68-2 (25..55°C / 90..95% RH)
Operating temperature range -5°C up to +40°C

Connection diagram
1-pole 2-pole 3-pole 4-pole

X.X
Miniature Circuit Breakers

FAZ-NA-L, FAZ-RT-L - Technical Data
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Dimensions (mm) FAZ-...-NA-L, -RT-L
1-pole 2-pole 3-pole

4-pole

Tripping Characteristics FAZ-...-NA-L, -RT-L

Characteristics C and D - EN/IEC 60947-2 Characteristics B, C and D - UL 489
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X.X
Miniature Circuit Breakers

FAZ-NA-L, FAZ-RT-L - Technical Data

Internal Resistance FAZ-...-NA-L, -RT-L

Power Loss at In FAZ-...-NA-L, -RT-L

Typ  B
At room temperature (single pole)
In [A] R* [m]
1 1100
1.5 900
2 350
3 220
4 87
5 72
6 47
7 38
8 30
10 17
13 13
15 8.0
16 8.0
20 6.9
25 3.9
30 2.8
32 3.0
* 50 Hz

Typ  B
1p 2p 3p 4p

In [A] P [W] P [W] P [W] P [W]
1 1.2 2.2 3.6 4.8
1.5 2.2 4.4 6.6 8.8
2 1.4 2.8 4.2 5.6
3 2.2 4.4 6.6 8.8
4 1.4 2.8 4.2 5.6
5 1.9 3.8 5.7 7.6
6 1.8 3.6 5.4 7.2
7 2 4 6 8
8 2.1 4.2 6.3 8.4
10 1.8 3.6 5.4 7.2
13 2.5 5 7.5 10
15 2 4 6 8
16 2.3 4.6 6.9 9.2
20 3.3 6.6 9.9 13.2
25 2.8 5.6 8.4 11.2
30 3 6 9 12
32 3.5 7 10.5 14
* 50 Hz

Typ  C
At room temperature (single pole)
In [A] R* [m]
1 1100
1.5 580
2 350
3 130
4 87
5 60
6 32
7 28
8 19
10 14
13 13
15 8.0
16 8.0
20 6.9
25 3.9
30 2.8
32 3.0
* 50 Hz

Typ  D
At room temperature (single pole)
In [A] R* [m]
1 800
1.5 490
2 260
3 130
4 87
5 58
6 32
7 28
8 19
10 14
13 11
15 8.0
16 8.0
20 4.9
25 3.5
30 2.5
32 2.6
* 50 Hz

Typ  C
1p 2p 3p 4p

In [A] P [W] P [W] P [W] P [W]
1 1.2 2.4 3.6 4.8
1.5 1.3 2.6 3.9 5.2
2 1.4 2.8 4.2 5.6
3 1.2 2.4 3.6 4.8
4 1.5 3 4.5 6
5 1.6 3.2 4.8 6.4
6 1.2 2.4 3.6 4.8
7 1.4 2.8 4.2 5.6
8 1.3 2.6 3.9 5.2
10 1.5 3 4.5 6
13 2.5 5 7.5 10
15 2 4 6 8
16 2.3 4.6 6.9 9.2
20 3.3 6.6 9.9 13.2
25 2.8 5.6 8.4 11.2
30 3 6 9 12
32 3.5 7 10.5 14
* 50 Hz

Typ  D
1p 2p 3p 4p

In [A] P [W] P [W] P [W] P [W]
1 0.8 1.6 2.4 3.2
1.5 1.1 2.2 3.3 4.4
2 1.1 2.2 3.3 4.8
3 1.2 2.4 3.6 4.8
4 1.5 3 4.5 6
5 1.5 3 5.5 6
6 1.2 2.4 3.6 4.8
7 1.4 2.8 4.2 5.6
8 1.3 2.6 3.9 5.2
10 1.5 3 4.5 6
13 2 4 6 8
15 2 4 6 8
16 2.3 4.6 6.9 9.2
20 2.2 4.4 6.6 8.8
25 2.5 5 7.5 10
30 2.7 5.4 8.1 10.8
32 3 6 9 12
* 50 Hz
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Maximum Let-Through Energy FAZ-...-NA-L, -RT-L

Type B (1 - 32 A), 240 V Type C (0,5 - 32 A), 240 V

Type D (0,5 - 32 A), 240 V
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X.X
Miniature Circuit Breakers

FAZ-NA-L, FAZ-RT-L - Technical Data

Maximum Let-Through Current FAZ-...-NA-L, -RT-L

Type B (1 - 32 A), 240 V Type C (0,5 - 32 A), 240 V

Type D (0,5 - 32 A), 240 V
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